BAIL.DOR-RELIANCER
EC-Titanium™

CAT. NO. |ECS100A8HIDF& FERRITE ASSISTED
SPEC. 3565247693264 YR [ SYNCHRONQUS RELUCTANCE MOTOR

FOR INVERTER USE ONLY
FRAME %37 [ence. [rerc e [se

HP 1 [RATING[uoc_AmB-CONT iif é% CE {;
NOM. EFF. 910 Bl [ sF Jroo

VLTS 230 FLA [

RPM 1800 RPM MAX 4000 @@

HZ 60 PH. |3 cass [
PERMANENT MAGNET MOTOR. WHEN SHAFT IS
BEMF (V) |135 ‘RS (Q) 6.9 ROTATED, VOLTAGE W ILL BE GENERATED AT
THE MOTOR TERMINALS.
Ld (mH) 30.8 l La (mH) 1135 MOTEUR A AIMANT PERMANENT. LORSQUE
L'ARBRE TOURNE. UNE TENSION SERA
INV-TYP | VPWM IEHP 160 10 133 HZ | GENEREE AUX BORNES DU MOTELR.
(T 7060 HZ[vi]e TO 60 HZ BALDOR-RELIANCE
MATCHED INV ECIBATPO SHAFT GROUNDING BRUSH INSTALLED
BEARING [DE |6205 [onE Jez03 = 1
SERIALE ~ [sne . c@us

ELECTRONICALLY PROTECTED MOTOR 5
E FOR INDUSTRIAL USE E E E46145
ABB MOTORS AND MECHANICAL INC.

= 5711 R.S. BOREHAM JR. ST., FORT SMITH, AR. MFG IN U.S.A. W,



	Sheet 1
	Views
	main_view



