)¢

BAIL.DOR-RELIANCER
EC-Titanium™

CAT. NO. [ECS101MOH1SFBE

SPEC. 37-0000-0295 YR ‘m

FRAME 2157C [enct. [rerc e [se

Hp P [RATING[w0C_AvB-CONT

NOM. EFF. [95.6 [P [o7 [ sF [is

VLTS 230/460 FLA [35.496/17.75

RPM 1800 RPM MAX 4000

Hz 60 PH. |3 cass [

BEMF (V) |M7/23t [Rs (Q)) 10.12/0.50

Ld (mH) 3.39/13.46 l Lg (mH) ‘10.59/&2.17&

NV TP [vewm [cHP Jeo  TO 133 Hz
(T 7060 HZ[VI[1 TO m HZ

MATCHED INV  |ACS380-06XX-IN/AL/25A0-4

BEARING [DE [6307 [ooE Jez0s

SERIALE | wee

= 5711 R.S. BOREHAM JR. ST.,

ELECTRIC MOTOR FOR INDUSTRIAL USE

ABB MOTORS AND MECHANICAL INC.

FERRITE ASSISTED
SYNCHRONQUS RELUCTANCE MOTOR
FOR INVERTER USE ONLY

INANAN AN
PEOD

PERMANENT MAGNET MOTOR. WHEN SHAFT IS
ROTATED, VOLTAGE WILL BE GENERATED AT
THE MOTOR TERMINALS.

MOTEUR A AIMANT PERMANENT. LORSQUE
L'ARBRE TOURNE. UNE TENSION SERA
GENEREE AUX BORNES DU MOTEUR.

BALDOR-RELIANCE
SHAFT GROUNDING BRUSH INSTALLED

FORT SMITH, AR. MFG IN U.S.A. )
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