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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

REV. DESC: CONVERT AUTOCAD DRW TO SWD DRW BA L D O R R E LIA N C E ®
REV: H VERSION: 04 REVISED: 02:28:05 01/04/2023 | TDR: 000001201906

7904A190

MODEL NO. 06LYF062 REF: -
BY: ENALEMO | B

SPL 182-184 TEFC HORZ 306M - AUTOMOTIVE SPEC

8 7 6 ! 5 4 ! 3 ! 2 !




	Sheet1
	Drawing View1
	Drawing View2


