
 8.500
8.497 

 .26 

 9.06 

 .57 

 8.13 

 5.50 

 5.50 

 12.19 

 9.11 

 717-750 = 20.23 

 3.12 

 1.3750
1.3745 

 4.24 

 7.00 

8 HOLES
Ø.41

SLINGER

PLUG GREASE FITTING
W/ CAP

(EA. END)

GREASE RELIEF
(EA. END)

DRAIN FITTING
(EA. END)

GROUND
LUG

.31 KEY
2.38 LONG

 5.25
5.19 

 4.25  4.25 

 45°  45° 

 7.25  4.82 

 9.63 

 5.74 

 2.04 

 8.90  5.75 

 14.65 

LEAD
HOLE

1.00 N.P.T.

4 HOLES
.50-13 TAP
ON
Ø7.25 B.C.

PULLEY END DETAIL

FORSHEDA
SLINGER

OMIT LOCKWASHER &
USE SEALER UNDER 
SCREW HEADS

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

07
LY

K
37

3

B STD HORZ 213-5TC TEFC M CP W/6307 BRGS, LIPPED LID

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

07LY
K

373REMOVE GROUND LUG ON F2 SIDE

ENBILT0

F 03:50:30 06/09/2025
-
00000125771706

07LYK373

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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