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510-520 = 12.35
521-528 = 13.35
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.19 KEY
1.38 LONG

(4) .125 NPT HOLES
PLUG @ 3,9 & 11
(PU END ONLY)

4 SLOTS
.34 (4) .125 NPT HOLES

PLUG @ 3,9 & 1
(FR END ONLY)

NAMEPLATE
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4 HOLES
.38-16 TAP

5.88 B.C.

LEAD HOLE
.50 N.P.T.

PULLEY END DETAIL

CLIPPER SEAL
(NO  SEALER)
(EA. END)

OMIT LOCK WASHERS
USE RED SEALER
UNDER RETAINER RING
SCREW HEADS

FRONT END DETAIL
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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