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PULLEY END DETAIL

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

REV. DESC: FLIP SEAL

REV: E

VERSION: 05

REVISED: 08:02:34 03/06/2019

TDR: 000001101752

BALDOR - RELIANCE®

MODEL NO. 35LYE2234

REF: -

BY: ENWINBO

B

HORZ 56] TEFC 35M WD (S/P9) W/FULL LENGTH SS SHAFT
SH1of1

PECTHAISE




	Sheet1
	Drawing View1
	Drawing View2
	Detail View D (2 : 2.1)


