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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION =<
REV. DESC: CONVERT AUTOCAD DRW TO SWD DRW B L D O R R E LI N C E ® E
A -— A O
REV: C VERSION: 03 REVISED: 07:25:30 10/19/2022| TDR: 000001198704 -
MODEL NO. 37LYM294 REF: -
HOR 213-5T TEFC LC, DUAL EXFN, 1.50 MTO,FINNED ENDRING, TORQ
BY: ENALEMO | B
I I I
8 7 6 4

2

1




	Sheet1
	Drawing View1
	Drawing View2


