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FRONT END DETAIL
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PULLEY END DETAIL

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

REV. DESC: UPDATE DANGLING DIMENSIONS, NO CHANGES TO DRAWING

REV: B

VERSION: 02

REVISED: 03:30:34 04/22/2022

TDR: 000001188385

BALDOR - RELIANCE®

MODEL NO. 06LYK520

REF: -
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