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DRAIN PLUG
(EACH SIDE)
(REF)

FRAME GRND
.25-20 TAP

8 HOLES
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DOME
SLINGER
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2.88 LONG

.50-13 TAP
1.25 DEEP
(EACH END)
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LEAD HOLE
1.25 NPT

.125 NPT
DRAIN PLUG
(EACH SIDE)

PULLEY END DETAIL

V-RING SLINGER

LIP SEAL

INTERNAL SHAFT
GROUND

FRONT END DETAIL
LIP SEAL

V-RING SLINGER
CUSTOMER ONLY NOTE: FOR VERTICAL SHAFT UP
AND VERTICAL SHAFT DOWN LIFTING, REMOVE EYEBOLT
FROM TOP OF MOTOR AND SCREW INTO END OF SHAFT.
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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