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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION :
REV. DESC: ADD 6-32 TAP HOLE CALLOUT B Q L D O R R E LI ﬂ N C E ® E
REV: D VERSION: 04 REVISED: 12:07:01 03/21/2024 | TDR: 000001227383 @
MODEL NO. 37LYJ543 REF: -
HOR 213-5T TEFC M W/ EPACT SHOVE, GREASE PLUGS, AEGIS SH GND
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