
 3.91 

3920-3944 = 23.19
3946-3956 = 24.69
3958-3964 = 25.69

 5.250±.031 

 3.000±.015 

 .625±.015 

 .25 

CHECK W/GAUGE
T-9041

 1.750
1.748 

 1.3750
1.3745 

 1.2495
1.2490 

 8.500
8.497 

 9.45 

 8.25  .63 

 10.00  4.76 

 11.25 

UNDERCUT
R.054-.043

.250 KEYWAY
2.62 LONG
(ENDMILLED)
.25 KEY
2.00 LONG

6 HOLES
Ø.53

RODENT SCREENS
(EA. END)
WHEN REQUIRED

.50-13 R.H.
CL.3 TAP

1.25 DEEP
SLINGER

 5.00  5.00 

 7.69  5.58 

 11.15 

 .25 

 6.25
6.19 

 12.00 

 9.64  5.75 

 11.51 

 45°  45° 

1 LIFTING LUG
(EA. END)
DIAGONALLY SPACED

4 HOLES
.50-13 TAP
ON Ø7.25 B.C.

LEAD
HOLE
Ø1.75

D

C

B

AA

B

C

D

12345678
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B HORZ OPSB 254-6JM  W/SCREENS WHEN REQ
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BY:
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VERSION: TDR:
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

BALDOR - RELIANCE®


