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GREASE FITTINGS
(EACH END)

6 HOLES
Ø.34

GREASE RELIEF
(EACH END)

SLINGER

NAMEPLATE

.38-16 UNC
CL 3 R.H. TAP
.88 DEEP

CHECK WITH
GAGE T-9038

.19 KEY
1.38 LONG

 2.75  2.75 

 4.59  3.25 

 6.50 

 3.50
3.44 

 5.71 

 45°  45° 
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 6.61 

LEAD HOLE
Ø1.09

4 HOLES
.38-16 TAP
ON Ø5.88 B.C.
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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