
 5.50 

 7.00 

 8.00 

 .50 

717-735 = 19.76
736-744 = 20.88
745-750 = 21.63
751-756 = 22.38

 1.250
1.248 

 1.0000
.9995  

 .8745
.8740 

 .26 

 9.09 

 8.500
8.497 

CHECK
W/GAUGE

T-9038

 10.28 

 .640
.610 

 2.885
2.855 

 4.281
4.219 

 4.50 

 5.01 

6 HOLES
Ø.43

GREASE RELIEF
(EA. END)

GREASE FITTING
(EA. END)

.19 KEYWAY
1.69 LONG
(ENDMILLED)
1.38 KEY

NAMEPLATE

.38-16 R.H. TAP
.88 DEEP

CL. 3 THDS.

 9.56 

 8.00 

 5.25
5.19 

 6.76  4.75 

 9.50 

 4.25  4.25 

 45°  45° 

 10.03 

 2.26 

LEAD
HOLE
Ø1.38

4 HOLES
.50-13 TAP
ON
Ø7.25 B.C.

PULLEY END DETAIL

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

37
LY

K
49

6

B HOR 213-5JM TEFC M W/AEGIS INTERNAL SHAFT GROUND

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

37LY
K

496.8745-.8740 WAS .8750-.8745, SW CONVERISON ERROR

USFRHAR

C 03:27:03 08/28/2023
-
00000121560603

37LYK496

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

BALDOR - RELIANCE®


	Sheet1
	Drawing View1
	Drawing View2
	Section View A-A


