
 5.25 

 .25 

 5.250±.031 

 3.015
2.985 

 .625±.020 

 (1024-1080) = 30.69 

 13.93 

 14.00 

 12.00 

 10.50 

 10.50 

 1.00 

 12.500
12.497 

 13.08 

 1.750
1.748 

 1.3750
1.3745 

SLINGER

.25 KEYWAY
2.63 LONG
KEY 2.38 LONG

CHECK W/
GUAGE T-9041

AUTO DRAIN
(EA. END)

 11.19 

 6.25  6.25 

 7.25 

 14.50 

 8.00+
-
.00
.06 

 15.44 

 3.22 

 13.74  7.47 

 16.01 

 45°  45° 

LEAD HOLE
2.50

4 HOLES
.62-11 TAP
1.00 DEEP

11.00 B.C.

 1.2495
1.2490  1.329

1.323 

 R.054
.043 

 1.202
1.196 

  

.50-13 R.H. TAP
1.25 DEEP

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

10
LY

G
86

3

B HORZ TEFC 324-6JM SUPER E W/STEEL FAN COVER

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

10LY
G

863LOAD DRAWING TO SOLIDWORKS

ENALEM0

D 04:06:07 05/19/2022
-
00000119114104

10LYG863

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT BALDOR'S PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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