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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

REV. DESC: REV TO ADD 0644 STACK AS MAX STACK

REV: D

VERSION: 04

REVISED: 10:39:29 02/06/2024

TDR: 000001225279

BALDOR - RELIANCE®

MODEL NO. 06LYG729

REF: -

BY: USODDIL

HOR 182-4T TEFC M W/AEGIS INT SHAFT GND

6CLDATI0

I A I




	Sheet1
	Drawing View1
	Drawing View2
	Section View C-C


