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PULLEY SEAL DETAIL

/ HW4600B40

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
REV. DESC: FLIPPED LIP SEAL DIRECTION B Q L D O R R E LI Q N C E ®
REV: E VERSION: 05 REVISED: 12:19:40 08/01/2022 | TDR: 000001194633
MODEL NO. 09LYLS813 REF: -
HORZ TEFC 284-6TS W/SLD BRGS, LIP SEAL & SLINGER (FARM DUTY)
BY: ENSHABO | B
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