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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

REV. DESC: NEW

REV: - VERSION: 00

REVISED: 11:36:16 01/20/2022

TDR: 000001182455

BALDOR - RELIANCE®

MODEL NO. 07LYD743

REF: -

BY: ENFRAJO

HORZ TEFC 213-5T 307M SLINGER (EACH END) W/SEALED BRGS
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