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SECTION B-B

NOTES:
DIMENSIONS: mm.1.
NOT TOLERANCE DIMENSIONS 1mm.2.

MOTOR TYPE L
[mm]

MOMENT OF 
INERTIA

[kg.cm
2
]

WEIGHT
[kg]

400/460V

WITH
BRAKE

WITHOUT
BRAKE

WITH
BRAKE

WITHOUT
BRAKE

HDS130-0817xD(G)Kxx 207 5.00 4.00 8.6 6.6

HDS130-1226xD(G)Kxx 233 8.40 7.40 10.7 8.7

HDS130-1829xD(G)Kxx 251 10.68 9.68 12.2 10.2

HDS130C-0817xD(G)Kxx 207 11.72 10.72 9.5 7.5

HDS130C-1226xD(G)Kxx 233 15.76 14.76 11.7 9.7

HDS130C-1829xD(G)Kxx 251 18.48 17.48 13.3 11.3
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B HDS130 LAYOUT,DSL,KEY; OPTIONAL: BRAKE, SEAL,HIGH INERTIA
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