HD180LYAO001
- L - 8-PIN POWER CONNECTOR 17-PIN FDBK CONNECTOR
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10 h8 (-0-022)= - < WITH  |WITHOUT| WITH  [WITHOUT
! BRAKE | BRAKE | BRAKE | BRAKE
HDS 180-2540BRKxx
HDS 180-2540BE(S/M/S2/M2)Kxx 297 51.7 44.6 24.4 19.7
HDS 180-2540BD3 (4)Kxx
HDS 180-3555BRKxx
HDS180-3555BE(S/M/S2/M2)Kxx 326 70.6 63.5 29.1 24.4
HDS 180-35558D3 (4)Kxx
SECTION A-A HDS 180-487 6BRKxx
SCALET 1 HDS 180-4876BE(S/M/S2/M2)Kxx 355 | 892 | 821 33.6 | 289
HDS 180-4876BD3 (4)Kxx
HDS 180C-2540BRKxx
HDS 180C-2540BE(S/M/S2/M2)Kxx 297 | 1537 | 1466 | 29.8 25.1
HDS 180C-2540BD3(4)Kxx
NOTES: HDS 180C-3555BRKxx
1. DIMENSIONS: mm HDS180C-3555BE(S/M/S2/M2)Kxx 326 1762 | 169.1 34.9 30.2
2. NOT TOLERANCE DIMENSIONS +1.5
mm HDS 180C-3555BD3(4)Kxx
HDS 180C-487 6BRKxx
HDS 180C-4876BE(S/M/S2/M2)Kxx 355 | 1984 | 1913 | 39.8 35.1
HDS 180C-4876BD3(4)Kxx
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