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 1.3750
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 1.750
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 1.2495
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 2.375±.020 

 5.875±.015 

 12.84 

 29.90 

8 HOLES 
.53 DRAIN FITTING

(EA. END)

.25 KEYWAY
2.63 LONG
.25 KEY
2.38 LONG

.50 - 13 CL.2B TAP
1.25 DEEP
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NAMEPLATE

CHECK W/GUAGE
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 45° 
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 2.73 

LEAD HOLE
2.00

4 HOLES
.62 - 11 TAP
1.00 DEEP MIN
ON 11.00 B.C

(932 - 954) = 2 POLE
(932 -  964) = 2,6,8 POLE

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

09
LY

F8
25

B HORZ TEFC 284-6JP

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

09LY
F825UPDATE NP GRAPHICS TO MATCH NP USED ON CAT SPECS

USBUFRA

L 07:42:40 07/20/2022
-
00000119392211

09LYF825

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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