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Document N°:

A1.5016 / 3D A2.5016

Motor Type:

Motor Dimension Print | |5, 550

Description :
Motor flange mounted IM3001 / Motor con brida IM3001 E'@
Unit: Discrete Automation & Motion - Fab. Motores | Issued by : ERM/J.Mufioz Replaces: To date 2009-05-05
Approved by : ERM/G.Blanes Replaced by :
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