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LEAD WREN LENGTH
AS SPECIFIED ON  

CUSTOMER REQUIREMENTS

2-1/2-8 NPT
EXTERNAL 
THREADS

 22.5° 

 45° 

 14.12 
 8X .56 

.76
LIFTING

LUGS

 7.75 

 .53  1.75
5/8-11 UNC   1.38

 1.4373+
-
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 .38 
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NOTES:
FACE RUNOUT AND ECCENTRICITY .008 MAX 1.
T.I.R.
PROTECTIVE CONDUIT FURNISHED BY CUSTOMER2.
WEIGHT (LBS.):  750 +/- 15%3.
3"-8 PIPE THREAD SUPPLIED WITH CABLE SIZES 4.
NO. 4 AND LARGER
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B DIM SHT 250TY SUBMERSIBLE ONE SIZE SMALLER SHAFT AND FLANGE
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT BALDOR'S PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

DUTY MASTER ALTERNATING CURRENT MOTORS
SQUIRREL-CAGE INDUCTION

ENCLOSURE: TOTALLY ENCLOSED

SUBMERSIBLE

250TY FRAME
ONE SIZE SMALLER SHAFT AND FLANGE
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