
614-623 = 14.00
624-634 = 15.37
635-646 = 16.87
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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