\BRUSH LOCATION

2 PLACES - 180° APART
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

REV. DESC: CONVERT PLT TO SWD DWG

REV: B VERSION: 02
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TDR: 000001245542

BALDOR - RELIANCE®

MODEL NO. 33LY2644

REF: -

BY: USALMAZ

VER 33PM NEMA 56C TENV 2 POLE W/M.F.T.K
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