
 .25 

 8.500
8.497 

 3.75 

 9.12 

 1.625
1.624 

 (922-960) = 26.04 

 12.29 

DRAIN FITTING
HW4505A02
(EA END)

SLINGER

.38 KEY
2.88 LONG

 9.30 

 12.65 

 45°  45° 
 2.50 

 6.72 

 13.22 

4 HOLES
.50-13 TAP
.81 DEEP ON

7.25 B.C.

LEAD HOLE
1.25 N.P.T.

1 PIN
HW3022E06
(EA END)

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

09
LY

F5
25

B VERT XPFC 254-6TC, CL.I GRP.C&D ONLY, DRILL RIG

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

09LY
F525CONVERT AUTOCAD DRW TO SWD

ENALEM0

G 01:12:55 05/20/2023
-
00000120800505

09LYF525

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

BALDOR - RELIANCE®


	Sheet1
	Drawing View1
	Drawing View2


