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UNDERCUT DETAIL

 25.36 

 10.11  5.250±.031 

 3.000±.015 

 .625±.015 

CHECK W/GAUGE
T-9041
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 1.2495
1.2490 

 9.09 

 8.500
8.497 

(920 - 956)
(954 - 960 4,6,8 PL ONLY)

.50-13 R.H
CL. 3B TAP
1.12 DEEP

SLINGER
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2.50 LONG

AUTO DRAIN
(EA. END)

NAMEPLATE

 45°  45° 
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D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

09
LY

-0
01

-1
86

B VERT TEFC 254-6JM

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:
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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

BALDOR - RELIANCE®


