
717-720 = 13.88
721-735 = 15.51
736-744 = 16.63
745-750 = 17.38
751-756 = 18.14
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B VERT 213-215JM TEFC 37M FACE MOUNTED, EPACT SHOVE

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

37LY
J787CHG U DIM FROM .8745-.8750 TO .8740-.8745

USERBOG1

B 03:35:30 06/20/2024
-
00000123219902

37LYJ787

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION
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