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REV. DESC: CHANGE 35GS3009 TO 35GS3023, FIX MATES, KOBX LOC. ® é
REV: E VERSION: 05 REVISED: 08:59:36 09/06/2023| TDR: 000001211789 BA I—D O R - RE I—IA N C E o

MODEL NO. 35LYW819 REF: - VERT 143-5TC TEFC M W/35CB4007

BY: ENFRAJO Material: - ©] |B SH1of 1
6 ! 5 4 3 2 1




	Sheet1
	Drawing View1
	Drawing View2


