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CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT BALDOR'S PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

REV. DESC: CHANGE 34EP3300A24 W/ASS5, 34SH5666T W/34SH6382T
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MODEL NO. 34LYM372 REF: -

VERT 34L NEMA 56C TEFC W/MTO IN KOBX, (FARM DUTY)
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