
 546 = 17.40 

 1.88 

 .6250
.6245 

 2.06 

 4.500
4.497 

 6.45 

 .12 

 4.72 

.19 KEY
1.38 LONG

7.19
 

 5.39 

 6.97 

 45°  45° 

LEAD HOLE
.50 N.P.T.

4 HOLES
.38-16 TAP

.56 DEEP
5.88 B.C.

 .006
.004 

1.08
(1.00 MIN)

.09
(.08 MIN)

.44
(.38 MIN)

.0015 MAX.
CLEARANCE
(EA. END)

PULLEY END DETAIL

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

35
LY

G
19

8

B VERT 56C XPFC 35L CL I-GP D (546 ONLY)

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

35LY
G

198CREATE SW DWG FOR 2D TO 3D CONVERSION

ENSTEK0

K 02:12:46 08/16/2019
-
00000111274702

35LYG198
Material: -

BALDOR - RELIANCE®


	Sheet1
	Drawing View1
	Drawing View2
	Drawing View5


