
 .12 

 2.12 

614-623 = 15.54
624-634 = 16.92
635-646 = 18.42

 5.74 

 6.66 

 4.500
4.497 

 .13 

 .8750
.8745 

.19 KEY
1.38 LONG

 5.96 

 45°  45° 

 7.55 

 7.94 

LEAD HOLE
.75 N.P.T. 4 HOLES

.38-16 TAP 
5.88 B.C.

 .09 

 .41 

 1.09 

 .006
.004 

DRIVE END DETAIL

.0015 MAX. CLEARANCE

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

36
LY

T3
90

B VERT 143-5TC XPFC 36M CLI GP D, CLII GP F&G

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

36LY
T390UPDATE RANGES 614-623, 624-634, & 635-646

USGRHUR

B 10:53:14 05/01/2024
-
00000122910802

36LYT390

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

BALDOR - RELIANCE®


	Sheet1
	Drawing View1
	Drawing View2
	Section View C-C


