
 8.13 

 5.50 

 5.50  .56 

 7.00 

 10.28 

 717-750 = 18.45 

 3.88 

 3.38 

 3.50 

 1.3750
1.3745 

 8.07 

NAMEPLATE

8 HOLES
Ø.41

.31 KEY
2.38 LONG  10.99 

 2.04 

 9.63 

 5.25
5.19 

 4.25  4.25 

 4.82 

 6.00 

 7.37 

 9.37 

 15.37 

LEAD
HOLE

Ø1.38 

D

C

B

AA

B

C

D

12345678

8 7 6 5 4 3 2 1

07
LY

J0
65

B HORZ 213-5T TEFC 307M W/SEALED BRGS

REV. DESC:

REV:

BY:

REVISED:

MODEL NO.

VERSION: TDR:

REF:

07LY
J065CONVERT AUTOCAD DRW TO SWD DRW INOPC PKG 20

ENALEM0

A 01:12:30 10/11/2022
-
00000119775601

07LYJ065

CUSTOMER IS RESPONSIBLE FOR DETERMINING THAT THE PRODUCT WILL PERFORM SUITABLY IN THE INTENDED APPLICATION

BALDOR - RELIANCE®


	Sheet1
	Drawing View1
	Drawing View2


